
F26

Rigid Conduit Straps

Cat. No. Alloy Trade Size (in.)
Dimensions (in.) Packaging

Max. Conduit Diameter Hole Size
ONE HOLE RIGID CONDUIT STRAPS

CI1203

Galvanized Steel

3/8 0.68
1/41204BP-50 1/2 0.84 Box of 50 units

1206BP-30 3/4 1.05 Box of 30 units
1208BP-15 1 1.32 5/16 Box of 15 units
1210BP-10 1-1/4 1.66

7/16
Box of 10 units

CI1212 1-1/2 1.90

Cat. No. Alloy Trade Size (in.)
Dimensions (in.) Packaging

Max. Conduit Diameter Hole Size
TWO HOLE RIGID CONDUIT STRAPS

1503M10

Galvanized Steel

3/8 0.68

3/16

Clamshell of 10 units
1504-V2-CP

1/2 0.84
Bag of 8 units

1504M8 Clamshell of 8 units
1506-V2-CP 3/4 1.05 Bag of 5 units
1506M6 Clamshell of 6 units
1508-V2-CP 1 1.32 Bag of 3 units
1508M4 Clamshell of 4 units
1510-V2-CP

1-1/4 1.66
1/4

Bag of 2 units
1510P12 Box of 12 units
1512-V2-CP

1-1/2 1.90
Bag of 2 units

1512P8 Box of 8 units
1516-V2-CP 2 2.38 9/32 Bag of 2 units
CI1520 2-1/2 2.88

3/8
CI1524 3 3.50
CI1528 3-1/2 4.00

1/2
CI1532 4 4.50
CI1540 5 5.56
CI1548 6 6.63

CI1203 / CI1212 1503M10 / CI1548


