Nonmetallic Sheathed Cable
One Screw Fittings

@m
Trade Size Clamping Range (in.) Suggested Applications -
Cat. No. Alloy (in) Min. ‘ Max. NMD90 (LOOMEX) Packaging
ONE SCREW FITTINGS
L-16 0.12 0.63 14/2,14/3,12/2,12/3,10/2
70RPS-100 Rack Pack System of 100 units
70M4 Clamshell of 4 units
70-V2-RP 3/8 Bag of 5 units
0.13 0.70 14/2 - 10/2; 14/3 - 12/3 :
70B10 Box of 10 units
70P30 Box of 30 units
70-V2-MFP Flip-Pak of 55 units
71-V2-CP . Bag of 2 units
Zinc 1/2 0.33 0.95 10/2,12/3 - 6/3 .

71M2 Clamshell of 2 units
72BP-10 Carton of 10 units
72-V2-CP 3/4 0.60 1.15 4/2 - 3/2,4/3 - 3/3 Bag of 2 units
72M1 Clamshell of 1 unit
BC73-V2 1 0.93 1.47 2/2,2/3
2163BP-35 Box of 35 units
2163-V2-CP 3/8 0.35 0.61 10/3 Bag of 2 units
2163M2 Clamshell of 2 units
2166-V2-CP . Bag of 2 units

Aluminum 1/2 0.50 0.90 8/3 - 6/3 -
2166M2 Clamshell of 2 units
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Nonmetallic Sheathed Cable
One Screw Fittings

4040 9049 2175 Cl2275
@,
Cat. No. Alloy Tl’a((ii?] .)Size (;;?:P'"Q RangeM(:‘)z Su%l%els)tgeg (;I\-%Im%)ns Packaging
ONE SCREW FITTINGS
2167M1 . Clamshell of 1 unit
Aluminum 3/4 0.71 1.10 6/3 - 4/3
BC2167-V2 Each
4040-V2-CP Bag of 10 units
4040M6 Clamshell of 6 units
4040-V2-MFP 019 057 14/2 - 10/2; 14/3 - 10/3 Flip-Pak of 100 units
4040P60 Steel 1/2 2 cables : 14/2 Box of 60 units
4040-V2-RP Bag of 5 units
4040RPS-200 Rack Pack System of 200 units
9049M5 0.13 0.37 14/2 -10/2; 14/3 - 12/3 Clamshell of 5 units
DUPLEX FITTINGS

2175M1 Clamshell of 1 unit
2175-V2-MFP Zinc 38 0.15 0.65 14/2 -10/2; 14/3 - 10/3 Flip-Pak of 30 units
2175-V2-RP Bag of 1 unit
Cl2275* 0.45 0.58 14/2 - 10/2; 14/3 - 10/3; 14/4-12/4 Each

* Suitable for AC90 and ACG90. Clamping range for AC90: 0.45-0.58 and clamping range for ACG90: 0.47-0.57.
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