
F6

Nonmetallic Sheathed Cable 
Two Screw Fittings

Cat. No. Alloy Trade Size
(in.)

Clamping Range (in.) Suggested Applications
NMD90 (LOOMEX) Packaging

Min. Max.

TWO SCREW FITTINGS

804B15

Zinc

3/8 0.18 0.64 14/2-10/2; 14/3-10/3 
2 #14/2 and 2 #12/2

Box of 15 units

804-CP Bag of 10 units

804-CP-2 Bag of 2 units

804M5 Clamshell of 5 units

804-V2-MFP Flip-Pak of 70 units

804P40 Box of 40 units

806-CP

3/4 0.41 0.82 10/2-6/2; 10/3-6/3

Bag of 3 units

806M1 Clamshell of 1 unit

806-RP Bag of 1 unit

808-V2-CP

1 0.50 1.04
4/2-2/2; 8/3-4/3

Bag of 1 unit

808M1 Clamshell of 1 unit

808RPS-40 Rack Pack System of 40 units

BC810-V2 1-1/4 0.56 1.06
BC812-V2 1-1/2 0.63 1.60
BC816-V2 2 0.86 2.06 3/2-2/2; 6/3-2/3

804 / 816



F7

Nonmetallic Sheathed Cable 
Two Screw Fittings

Cat. No. Alloy Trade Size
(in.)

Clamping Range (in.) Suggested Applications
NMD90 (LOOMEX) Packaging

Min. Max.
TWO SCREW FITTINGS

CI2060
Steel

3/8 0.11 0.60 14/2 - 10/2; 14/3 - 10/3
CI2061 3/4 0.15 0.90 10/2 - 6/2; 10/3 - 6/3

NONMETALLIC FITTINGS
3360M3

Plastic

1/2 0.30 0.60

14/2 - 10/2; 14/3 - 10/3
2 cables: 14/2 - 12/2

Clamshell of 3 units

3360P20 Box of 20 units

3360-V2-RP Bag of 5 units

4004-V2-CP

1/2 0.21 0.42

Bag of 5 units

4004B15 Box of 15 units

4004M5 Clamshell of 5 units

4004-MFP Flip-Pak of 100 units

4004P50 Box of 50 units

4004RPS-160 Rack Pack System of 160 units

CI4004-BAR Barrel of 10 000 units

CI4004-D Bucket of 500 units

W100LX-D

4006-V2-CP

3/4 0.22 0.65

12/2 – 10/2 – 8/2 – 6/2 – 14/3  
12/3 – 10/3 – 8/3 – 6/3

2 cables: 2 x 12/2 – 2 x 10/2
1 x 12/2 + 1 x 10/2

Bag of 5 units

4006-MFP Flip-Pak of 65 units

CI4006*

W101LX*

* For a complete catalogue number add suffix JAR40, JAR80 or JAR200 according to the desired quantity (i.e. W101LX-JAR40, W101LX-JAR80, 
W101LX-JAR200, CI4006-JAR40, CI4006-JAR80, CI4006-JAR200)

2060 33604006 / W101LX4004 / W100LX


